Iberville® Commercial Grade Fittings

Service Entrance Cable

Connectors and Entrance Heads

cl1803/ Clete Cat. No Trade  ClampingRange (in) Throat
; T Size (in.) Min. Max. (in.)
Two Screw Fittings (Zinc Alloy)
Cigso4 3/8 0.18 0.64 0.64
CI806 3/4 0.41 0.82 0.83
CI808 1 0.50 1.04 1.05
cis10 1-1/4 0.56 1.06 1.37
=7 E Cig12 1-1/2 0.63 1.60 1.81
Zinc Die Cast Locknut Zinc Die Cast Locknut Cig16 2 0.86 2.06 2.05

NOTE : 3/8 in. trade size connectors require a 1/2 in. knockout.
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CIEFA-1/2 / CIEFA-4 Cat. No. Trade Size (in.) Trade KO Dimensions (in.)
Service Entrance Heads (Cast Aluminum) Size (in.) Small Large Center
Rigid Conduit 1/2 0.312 — —
CIEFA-1/2 1/2 3/4 0.375 0.400 —
CIEFA-3/4 3/4 1 0.438 0.500 —
CIEFA-1 1 1-1/4 0.438 0.625 —
CIEFA-11/4 1-1/4 1-172 0610 0.750 0.400
CIEFA-1 1/2 1-1/2 2 0.750 1.000 0.525
CIEFA-2 2 2-1/2 0.875 1.300 1.000
CIEFA-21/2 2-1/2 8 1125 1.750 1125
CIEFA-3 3 3-1/2 1.125 1.750 1.125
CIEFA-3 1/2 12 4 1.125 1.750 1.125
CIEFA-4 4
g:’:'_\rlice Entrance Heads (Cast Aluminum) KO Configuration
CIEFSA-1/2 112 00 QOQ
CIEFSA-3/4 3/4 00 506
CIEFSA-1 1
CIEFSA-11/4 1-1/4 1/2in. 34 in. - 1-1/4 in.
CIEFSA-11/2 1-1/2

Cerena 12 O 090
CIEFSA-3 3 OoO Q O Q
O

CIEFSA-3 1/2 5172 OO
CIEFSA-4 4
1-1/2in.,21in. 2-1/2in.,4in.
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