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The UNI-FROST series, unlike most halogen reflector 
lamps, uses a fully frosted reflector to let light spill in all 
directions. 
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ES16
57212* H35GU10/CG/2.5M/120V/STD UFR 35 GU10 120 Frost 2500 300 2.17 55 100

57213* H50GU10/CG/2.5M/120V/STD UFR 50 GU10 120 Frost 2500 550 2.17 55 200

57801* H50GU10/CG/2.5M/130V/STD UFR 50 GU10 130 Frost 2500 700 2.17 55 100

MR16
57210* H35MR16/CG/4M/GU5.3/12V/STD UFR 35 GU5.3   12 Frost 4000 900 1.97 50 200

57211* H50MR16/CG/4M/GU5.3/12V/STD UFR 50 GU5.3   12 Frost 4000 900 1.97 50 200
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NEODYMIUM glass is made with rare earth metallic trivalent 
element called neodymium which filters the yellow emission of 
the spectrum, resulting in more vibrant colours.
  Features 
• 40% - 50% less yellow light 
• Simulates outdoor natural sunlight 
• Offer a full spectrum of colour corrected lighting

Benefits 
• Eliminates glare and reduces eye strain
• Excellent in maintaining morale and high energy 
• Ideal alternative to regular incandescent, halogen and fluorescent lighting
• The neodymium is baked in the glass and will therefore not flake off over lamp life
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Order  
code

Description Watts 
  

(W)

Base Volts 
 

(V)

Colour/
Finish
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candela

MOL 

 (in.)      (mm)

Case 
qty

ES16
58290 H50GU10/FL/N/2.5M/120V/STD 50 GU10 120 Neo. 35 2500   550 1800 2.05  52 100

MR16
60871 H50MR16/FL/CG/E26/130V/STD 50 GU5.3 12 Neo. 38 2000   550 1400 1.81  46 120

PAR20
57331* H50PAR20/NFL/N/CL/2M/120V/STD 50 E26 120 Neo. 30 2000   500 1050 3.23  82 15

PAR30
58360* H75PAR30/FL/N/2M/130V/STD 75 E26 130 Neo. 30 2000 1000  - 3.66  93 15

PAR38
51178* H90PAR38/FL/N/3M/MS/130V/STD 90 E26SKT 130 Neo. 30 3000 1050  - 5.31 135 15

15290 H90PAR38/FL/N/2M/CLB/MS/130V/STD 90 E26SKT 130 Neo. 30 2000 1050  - 5.31 135 15

Traditional light Neodymium light
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